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1712 50 | 100 | 150 | 200 | 250 | 300 | 350 | 400 | 450 | 500
L 330.5 | 380.5 | 430.5 | 480.5 | 530.5 | 580.5 | 630.5 | 680.5 | 730.5 | 780.5
L1 301.5|351.5|401.5| 451.5|501.5| 551.5 | 601.5 | 651.5| 701.5 | 751.5
KG 6 6.26 | 6.52 | 6.78 | 7.03 | 7.29 | 7.55 | 7.81 | 8.07 | 8.32
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