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MFCS-1003T 6 M3x0.5 23 7 8 12 2 3.8 3 55|155| 6 0.5 19 55g
MFCS-1004T 8 M4x0.7 26 9 10 12 2 4 4 6 185 7 0.5 54 1049
MFCS-1005T | 10, 15 M5x0.8 345(125(135| 16 3 6 5 |10 |24 8 0.5 123 209 .
MFCS-1006T 16 M6x 1.0 345|125 13.5| 16 3 6 5 [10 24 8 0.5 123 23g ®
MFCS-1008T 20 M8 x 1.25 46 20 21 21 5 7.8 5 [13 31 7.5 0.5 1100 479
MFCS-1010T | 25,32 | M10x1.25 |[495|19.5(19.5| 24 5 8 7 [17 35511 0.5 2500 729
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