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7 | 5 0 | 15 | 20 | 25 | 30 | 35 | 40 | 45 [ 50
620 A 61 | o1 | 71| 71| 81 | 81 R - - R
B 53 | 53| 63 | 63| 73| 73| - - - -
425 A 63 | 63 | 73| 73| 83 | 83 | - - - -
B 55 | 55| 65 | 65 | 75| 75 | - - - -
632 A 69 | 74 | 79 | 84 | 89 | 94 | 104 | 104 | 114 | 114
B 50 | 64 | 69 | 74 | 79 | 84 | 94 | 94 | 104 | 104
640 A 70| 75| 80 | 8 | 9 | 95 | 105 | 105 | 115 | 115
B 60 | 65 | 70 | 75 | 80 | 8 | 95 | 95 | 105 | 105
450 A 76 | 81 | 8 | 91 | 96 | 101 | 111 | 111 | 121 | 121
B 65 | 70 | 75 | 80 | 85 | 90 | 100 | 100 | 110 | 110
563 A 85 | 90 | 95 | 100 | 105 | 110 | 120 | 120 | 130 | 130
B 72| 77| 8 | 87 | 92| 97 | 107 | 107 | 117 | 117
480 A 100 | 105 | 110 | 115 | 120 | 125 | 135 | 135 | 145 | 145
B 83 | 88 | 93 | 98 | 103 | 108 | 118 | 118 | 128 | 128
% clee|bp | E|F |G| H J M|l K | M| N o OL | R1 |SW
20| 8| 6| 12| 42| 30 |165| 55| M8x1.25 | 10 | 56| 9 |P4 | M10x1.25 | 20 | 65| 10
625 8| 6| 14 | 48| 36 |195| 55| M10x15 | 12 | 56| 9 |P4 | M12x125| 22 | 9 | 12
$32| 10| 7| 20| 62| 47 |24 | 65| M12x1.75 | 15 | 66| 11 |P6 | M16x15 | 25 |12 | 17
640 10 | 7 | 25| 70|52 |27 | 9 | M16x20 |20 | 9 | 14 |P6 | M22x1.5 | 30 |13 | 22
#50| 11 | 8 | 30 | 80| 58 |32 |11 | M20x25 | 25 |11 | 18 | P8 | M26x1.5 | 35 |135| 27
$63| 13 | 10 | 35 | 94| 69 |38 [13 | M27x30 | 35 |13 | 20 | P8 | M30x15 | 40 |17.5| 32
$80| 17 | 14 | 45 | 114 | 86 |47 |15 | M30x35 | 35 |15 | 22 | P11| M39x1.5 | 45 | 225 41
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7% | 5 | 10 | 15 | 20 | 25 | 30 | 35 | 40 | 45 | 50
420 A 61 | 61 | 71| 71| 81 | 81 | - ; - -
B 53 | 53 | 63 | 63| 73| 73| - R R -
425 A 63| 63| 73| 73| 8 | 83 | - - - -
B 55 | 55| 65| 65| 75| 75 | - - - -
o3 A 69 | 74 | 79 | 84 | 89 | 94 | 104 | 104 | 114 | 114
B 590 | 64 | 69 | 74 | 79 | 84 | 94 | 94 | 104 | 104
540 A 70 | 75 | 80 | 85 | 90 | 95 | 105 | 105 | 115 | 115
B 60 | 65| 70 | 75 | 80 | 85 | 95| 95 | 105 | 105
550 A 76 | 81 | 86 | 91 | 96 | 101 | 111 | 111 | 121 | 121
B 65 | 70 | 75 | 80 | 85 | 90 | 100 | 100 | 110 | 110
63 A 85 | 90 | 95 | 100 | 105 | 110 | 120 | 120 | 130 | 130
B 72 | 77 | 82 | &7 | 92| 97 | 107 | 107 | 117 | 17
580 A 100 | 105 | 110 | 115 | 120 | 125 | 135 | 135 | 145 | 145
B 83 | 88 | 93 | 98 | 103 | 108 | 118 | 118 | 128 | 128
g{fﬁ cleL|p|E|F |G| H J N|K|[M]|N o oL | R1 | sw
20| 8| 6| 12| 42|30 | 13| 55| M8x1.25 | 10 | 56| 9 |P5 | M10x1.25 | 20 | 55| 10
25| 8| 6| 14 | 48| 36 | 15 | 55| MI0x15 | 12 | 56| 9 |P7 | M12x125 | 22 | 65| 12
$32| 10| 7| 20| 62| 47 | 20 | 65| M12x1.75 | 15 | 66| 11 | P9 | M16x15 | 25 |10 | 17
40| 10| 7| 25| 70| 52 | 24 | 9 | M16x20 |20 | 9 | 14 | P9 | M22x15 | 30 |10 | 22
$50 | 11| 8| 30 | 80| 58 | 29 [11 | M20x25 | 25 |11 | 18 | P11| M26x15 | 35 |10 | 27
%63 | 13 | 10 | 35 | 94| 69 | 35 [13 | M27x3.0 | 35 |13 | 20 | P11| M30x15 | 40 |13 | 32
$80 | 17 | 14 | 45 | 114 | 86 | 44 |15 | M30x35 | 35 |15 | 22 | P11| M39x15 | 45 |15 | 41
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MR~
o | 22 MHCBS / MHCBS-Z
. 1712 5 10 15 20 25 30 35 40 45 50
A 74 74 84 84 %4 94 104 104 114 14
B 64 64 74 74 84 84 94 94 104 104
632 [ FB 34 34 44 44 54 54 64 64 74 74
KB — — 24 24 34 34 44 44 54 54
P 24 24 34 34 44 44 54 54 64 64
A 75 75 85 85 95 95 105 105 115 115
B 65 65 75 75 85 85 95 95 105 105
640 | FB 33 33 43 43 53 53 63 63 73 73
KB — — 25 25 35 35 45 45 55 55
P 25 25 35 35 45 45 55 55 65 65
A 81 81 91 91 101 101 111 11 121 121
B 70 70 80 80 90 90 100 100 110 110
650 | FB 37 37 47 47 57 57 67 67 77 77
KB — — 26 26 36 36 46 46 56 56
P 28 28 38 38 48 48 58 58 68 68
A 90 90 100 100 110 110 120 120 130 130
B 77 77 87 87 97 97 107 107 117 17
663 | FB 42 42 52 52 62 62 72 72 82 82
KB — — 29 29 39 39 49 49 59 59
P 30 30 40 40 50 50 60 60 70 70
s |2t MHCBS-D / MHCBS-Z-D
G 5 10 15 20 25 30 35 40 45 50
AL 104 109 124 129 144 149 164 169 184 189
BB 79 79 89 89 99 99 109 109 119 19
632 | FF 42 42 52 52 62 62 72 72 82 82
KK — — 39 39 49 49 59 59 69 69
PP 23 23 33 33 43 43 53 53 63 63
AL 105 110 125 130 145 150 165 170 185 190
BB 80 80 90 90 100 100 110 110 120 120
640 [ FF 42 42 52 52 62 62 72 72 82 82
KK — — 40 40 50 50 60 60 70 70
PP 24 24 34 34 44 44 54 54 64 64
AL 12 17 132 137 152 157 172 177 192 197
BB 85 85 95 95 105 105 115 115 125 125
650 | FF 45 45 55 55 65 65 75 75 85 85
KK 31 31 41 41 51 51 61 61 71 71
PP 26 26 36 36 46 46 56 56 66 66
AL 123 128 143 148 163 168 183 188 203 208
BB 92 92 102 102 12 12 122 122 132 132
663 | FF 52 52 62 62 72 72 82 82 92 92
KK 34 34 44 44 54 54 64 64 74 74
PP 30 30 40 40 50 50 60 60 70 70
gi; c cL D EA | EB | FA | FC H J JH K KA | KL | KT
32| 10 7 20 70 | 56 56 10 9 M12x1.75 15 9 38 63 8
40| 10 7 25 80 | 64 62 12 1 M16 % 2.0 20 T 38 70 8
650 | 11 8 30 94 | 74 74 13 13 M20x 2.5 25 13 40 80 9
63| 13 10 35 | 114 | 89 ) 15 15 M27 % 3.0 35 15 42 | 100 | 10
% KW | LH M N o oL R | sw u X Y
32| 12 25 14 | P9 M16x 1.5 25 10 17 | 45 | 12 28
40| 12 29 18 | P9 M22x 1.5 30 10 22 | 45 | 12 28
650 | 14 34 20 | P11 M26 % 1.5 35 10 27 | 5 125 | 295
63| 16 42 22 | P M30x 1.5 40 10 32 | 55 | 16 31
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MR~
o |25 MHCBS-DA / MHCBS-Z-DA
. 1712 5 10 15 20 25 30 35 40 45 50
ZA 153 158 173 178 193 198 213 218 233 238
BB 79 79 89 89 99 99 109 109 19 19
san | 42 42 52 52 62 62 72 72 82 82
KK — — 39 39 49 49 59 59 69 69
PP 23 23 33 33 43 43 53 53 63 63
HA 64 69 74 79 84 89 o4 99 104 109
ZA 163 168 183 188 203 208 223 228 243 248
BB 80 80 90 90 100 100 10 110 120 120
a0 | 42 42 52 52 62 62 72 72 82 82
KK — — 40 40 50 50 60 60 70 70
PP 24 24 34 34 44 44 54 54 64 64
HA 73 78 83 88 93 98 103 108 13 118
ZA 171 176 191 196 211 216 231 236 251 256
BB 85 85 95 95 105 105 115 115 125 125
050 | 45 45 55 55 65 65 75 75 85 85
KK — — 41 41 51 51 61 61 71 71
PP 26 26 36 36 46 46 56 56 66 66
HA 75 80 85 90 95 100 105 110 115 120
ZA 188 193 208 213 228 233 248 253 268 273
BB 92 92 102 102 12 12 122 122 132 132
oes | 52 52 62 62 72 72 82 82 92 92
KK — — 44 44 54 54 64 64 74 74
PP 30 30 40 40 50 50 60 60 70 70
HA 83 88 93 98 103 108 13 118 123 128
| ¢ |cL| b | EA| EB | FA | H J JHW | kK | kKA | kL | kKT | kW | LH
32| 10 7 | 20 70 | 56 | 56 9 | M12x1.75 | 15 9 | 38 63 8 | 12 | 25
40| 10 7 | 25 80 | 64 | 62 | 11 | M16x20 | 20 | 11 | 38 70 8 | 12 | 29
650 | 11 8 | 30 94 | 74 | 74 | 13 | M20x25 | 25 | 13 | 40 80 9 | 14 | 34
63| 13 | 10 | 35 | 114 | 89 | 90 | 15 | M27x30 | 35 | 15 | 42 | 100 | 10 | 16 | 42

gi’z M M | MA | MB | N NA o oL R | sw /| u Y

¢ 32 14 45 46 36 P9 49 M16Xx 1.5 25 10 17 4.5 28
¢ 40 18 55 54 36 P9 58 M22x1.5 30 10 22 4.5 28
$50 | 20 60 53 37 P11 59 M26 X 1.5 35 10 27 5 29.5
63| 22 75 63 39 P11 65 M30Xx 1.5 40 10 32 SHD) 31
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MR~
o |25 MHCBS-DB / MHCBS-Z-DB
. 1712 5 10 15 20 25 30 35 40 45 50
ZB 178 183 198 203 218 223 238 243 258 263
BB 79 79 89 89 99 99 109 109 19 19
san | 42 42 52 52 62 62 72 72 82 82
KK — — 39 39 49 49 59 59 69 69
PP 23 23 33 33 43 43 53 53 63 63
HB 89 94 99 104 109 14 19 124 129 134
ZB 188 193 208 213 228 233 248 253 268 273
BB 80 80 90 90 100 100 10 110 120 120
a0 | 42 42 52 52 62 62 72 72 82 82
KK — — 40 40 50 50 60 60 70 70
PP 24 24 34 34 44 44 54 54 64 64
HB 98 103 108 13 18 123 128 133 138 143
ZB 196 201 216 221 236 241 256 261 276 281
BB 85 85 95 95 105 105 115 115 125 125
050 | 45 45 55 55 65 65 75 75 85 85
KK — — 41 41 51 51 61 61 71 71
PP 26 26 36 36 46 46 56 56 66 66
HB 100 105 110 15 120 125 130 135 140 145
ZB 213 218 233 238 253 258 273 278 293 298
BB 92 92 102 102 12 12 122 122 132 132
oes | 52 52 62 62 72 72 82 82 92 92
KK — — 44 44 54 54 64 64 74 74
PP 30 30 40 40 50 50 60 60 70 70
HB 108 13 118 123 128 133 138 143 148 153
| ¢ |cL| b | EA| EB | FA | H J JHW | kK | kKA | kL | kKT | kW | LH
32| 10 7 | 20 70 | 56 | 56 9 | M12x1.75 | 15 9 | 38 63 8 | 12 | 25
40| 10 7 | 25 80 | 64 | 62 | 11 | M16x20 | 20 | 11 | 38 70 8 | 12 | 29
650 | 11 8 | 30 94 | 74 | 74 | 13 | M20x25 | 25 | 13 | 40 80 9 | 14 | 34
63| 13 | 10 | 35 | 114 | 89 | 90 | 15 | M27x30 | 35 | 15 | 42 | 100 | 10 | 16 | 42

gz M | mi | ME| MF| N | NB o oL | R |sw | u Y

¢ 32 14 45 71 61 P9 74 M16Xx 1.5 25 10 17 4.5 28
¢ 40 18 55 79 61 P9 83 M22x1.5 30 10 22 4.5 28
$50 | 20 60 78 62 P11 84 M26 X 1.5 35 10 27 5 29.5
63| 22 75 88 64 P11 90 M30Xx 1.5 40 10 32 5.5 31
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