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MPM-20 | R1/4 | ¢7.5 |"™4/162 | 41 25 27
MPM-30 | R38 | ¢7.5 | 71196 | 43 40 45
MPM-40 | R12 | 675 | 21242 | 46 65 70
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MPF-20 | Rc1/4| ¢7.5 |"7196| 38 30 32
MPF-30 | Rc3/8| ¢7.5 | 21242 | 41 45 48
MPF-40 | Rc12| ¢7.5 | 26/30 43 65 70
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MPH-20 |5/16"Hose| &5 616 58 27 29
MPH-30 |38'Hose| 75| 16 62 35 38
MPH-40 |1/2'Hose| ¢75 | 418 64 50 55
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MPP-20 | 5x8 o4 |"™ane2| 425 30 33
MPP-30 | 65x10| &5 | M6/18.2| 445 | 40 43
MPP-40 [8x12 | ¢6 |T17192| 45 40 43
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