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MUG/V-10 | @ | Rc3/8" | 24 15 |-5~+80C 0~0.7 0~10 *Torr 70 100 50 0.9
MUG/V-15 | @ | Rcl/2" | 45 15 |-5~+80C 0~0.7 0~10 "Torr 70 100 50 0.9
MUG/V-20 | @ | Rc3/4" | 86 20 |-5~+80C 0~0.7 0~10 "Torr 73 102 50 1.0
MUG/V-25 | @ | Rct" 12 25 | -5~+80C 0~0.7 0~10""Torr 93 106 50 1.8
MUG/V-35 Rc1 1/4" | 24 35 |-5~+80C 0~0.7 0~10 "Torr 125 140 58 3.2
MUG/V-40 Rc1 1/2" | 28 40  |-5~+80T 0~0.7 0~10 "Torr 125 140 58 35
MUG/V-50 Rc2" 48 50 |-5~+80C 0~0.7 0~10 "Torr 167 170 58 54
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