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MUW-35F 114" | 22 35 |—5-+80C 0.02~0.8 0.02~0.8 200 | 185 | 58 8.7
MUW-40F 112" | 30 40 |-5~+80C 0.02~0.8 0.02~0.8 200 | 185 | 58 8.8
I;i; MUW-50F 2 40 50 |- 5~180C 0.02~0.8 0.02~0.8 210 | 203 | 58 | 11.2
7l | MUW-65F 212" | 68 65 |- 5~+80C 0.02~0.8 0.02~0.8 240 | 198 | 58 | 152
MUW-80F 3" 102 80 |- 5~+80C 0.02~0.8 0.02~0.8 300 | 212 | 58 | 206
MUW-100F 4" 180 | 100 |—5~+80C 0.02~0.8 0.02~0.8 340 | 228 | 58 | 315
MUW-35F-NO 114" | 22 35 |—5-+80C 0.02-0.8 0.02~0.8 200 | 205 | 58 8.9
MUW-40F-NO 112" | 30 40 |—5-+80C 0.02~0.8 0.02~0.8 200 | 205 | 58 9.0
% MUW-50F-NO 2" 40 50 |—5~+80C 0.02~0.8 0.02~0.8 210 | 223 | 58 | 114
MUW-65F-NO 212" | 68 65 |- 5~180C 0.02~0.8 0.02~0.8 240 | 218 | 58 | 154
il
MUW-80F-NO 3" 102 80 |-5~+80C 0.02~0.8 0.02~0.8 300 | 232 | 58 | 208
MUW-100F-NO 4" 180 | 100 |—5~+80C 0.02~0.8 0.02~0.8 340 | 248 | 58 | 317
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