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MATERIAL

S: Steel
B: Brass

Blank: Standard type
A: One touch type

Screw Dimension (mm) Weight (g)
Model si1z_e Bs Do ax. Ls Steel Brass
MSM-20 | R1/4 ¢7.5 b 25 55.5 95 104
MSM-30 | R3/8 | ¢75 ¢ 25 57.5 100 109
MSM-40 | R1/2 ¢9 ¢ 25 59.5 110 117
Screw Dimension (mm) Weight (g)
Model si;e Bs D ax. Ls Steel Brass
MSF-20 |Rc1/4| ¢75 $25 52.5 104 110
MSF-30 | Rc3/8| ¢7.5 ¢ 25 54.5 103 M
MSF-40 |[Rc1/2| ¢9 b 25 54.5 122 131
Hose Dimension (mm) Weight (g)
Model si:e Bs D ax. Ls Steel Brass
MSH-20 |5/16"Hose| ¢ 5 ¢ 25 72.5 95 104
MSH-30 | 3/8"Hose | ¢7.5 ¢ 25 76.5 100 106
MSH-40 |1/2%Hose| 69 |26/30 | 785 | 110 | 117
PU Dimension (mm) Weight (g)
Model '?%;(%)D Bs (Dime Ls Steel Brass
MSP-20 | 5x8 b4 ¢ 25 56.5 100 106
MSP-30 | 6.5x10| ¢5 ¢ 26 58 110 116
MSP-40 | 8x12 ¢6 ¢ 26 59 110 116
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